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Pg 11 5/16” 8,3 35 12 26 - 24 50 810.312.1* 5,0

Pg 13,5 5/16” 8,3 35 12 26 - 24 50 810.314.1* 5,0

Pg 11 3/8” 10,2 35 12 26 - 24 50 810.311.1 5,0

Pg 13,5 3/8” 10,2 35 12 26 - 24 50 810.313.1 5,0

Pg 16 1/2” 13,9 37 13 29 - 27 50 810.316.1 6,3

Pg 21 3/4” 18,5 40 15 35 - 33 25 810.321.1 9,3

Pg 29 1” 23,8 46 15 45 - 43 10 810.329.1 20,7

Pg 36 1.1/4” 31,8 52 16 54 - 52 5 810.336.1 29,3

Pg 42 1.1/2” 36,8 56 18 63 - 60 5 810.342.1 43,2

Pg 48 2” 47,8 66 20 77 - 74 4 810.348.1 74,8

Pg 11 5/16” 8,3 41 12 26 - 24 50 811.012.1 6,8

Pg 11 3/8” 10,2 41 12 26 - 24 50 811.011.1 6.8

Pg 16 1/2” 13,9 43 13 29 - 27 50 811.016.1 8,8

Pg 21 3/4” 18,5 48 15 35 - 33 25 811.021.1 13,6

Pg 29 1” 23,8 54 15 45 - 43 10 811.029.1 27,4

Pg 11 5/16” 8,3 23 12 26 33 22 50 810.412.1* 8,1

Pg 13,5 5/16” 8,3 23 12 26 33 22 50 810.414.1* 8,1

Pg 11 3/8” 10,2 23 12 26 33 22 50 810.411.1 8,1

Pg 13,5 3/8” 10,2 23 12 26 33 22 50 810.413.1 8,1

Pg 16 1/2” 13,9 25 13 29 33 27 50 810.416.1 11,6

Pg 21 3/4” 18,5 30 15 35 36 33 25 810.421.1 15,3

Pg 29 1” 23,8 34 15 45 46 42 10 810.429.1 31,5

Pg 36 1.1/4” 31,8 39 16 54 54 51 5 810.436.1 53,2

Pg 42 1.1/2” 36,8 45 18 63 59 60 5 810.442.1 78,5

Pg 48 2” 47,8 53 20 77 71 74 4 810.448.1 132,0

Pg 11 5/16” 8,3 32 12 26 42 22 50 810.912.1* 8,9

Pg 13,5 5/16” 8,3 32 12 26 42 22 50 810.914.1* 8,9

Pg 11 3/8” 10,2 32 12 26 42 22 50 810.911.1 8,9

Pg 13,5 3/8” 10,2 32 12 26 42 22 50 810.913.1 8,9

Pg 16 1/2” 13,9 36 13 29 43 27 50 810.916.1 15,3

Pg 21 3/4” 18,5 43 15 35 48 33 25 810.921.1 21,6

Pg 29 1” 23,8 48 15 45 59 42 10 810.929.1 35,3

Pg 36 1.1/4” 31,8 57 16 54 68 51 5 810.936.1 62,5

Pg 42 1.1/2” 36,8 63 18 63 78 60 5 810.942.1 88,1

Pg 48 2” 47,8 74 20 77 96 74 4 810.948.1 141,9

Pg straight fi tting, female, nickel plated brass.

Pg 45° fi tting, male, nickel plated brass. 

Pg 90° fi tting, male, nickel plated brass. 

Pg straight swivel fi tting, male, nickel plated brass, IP 65.
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* Fittings for 5/16” conduit without UL/CSA approval.

* Fittings for 5/16” conduit without UL/CSA approval.

* Fittings for 5/16” conduit without UL/CSA approval.


