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1/2” NPT 5/16” 8,3 32 12 26 42 22 50 814.911.1* 13,3

1/2” NPT 3/8” 10,2 32 12 26 42 22 50 814.912.1 13,3

1/2” NPT 1/2” 13,9 36 13 29 43 27 50 814.916.1 14,6

3/4” NPT 3/4” 18,5 43 15 35 48 33 25 814.920.1 22,0

1” NPT 1” 23,8 48 15 45 59 42 10 814.926.1 31,7

1.1/4” NPT 1.1/4” 31,8 57 16 54 68 51 5 814.935.1 62,5

1.1/2” NPT 1.1/2” 36,8 63 18 63 78 60 5 814.940.1 89,1

2” NPT 2” 47,8 74 20 77 96 74 4 814.950.1 141,9

1/2” NPT 5/16” 8,3 23 12 26 33 22 50 814.411.1* 7,9

1/2” NPT 3/8” 10,2 23 12 26 33 22 50 814.412.1 7,9

1/2” NPT 1/2” 13,9 25 13 29 33 27 50 814.416.1 10,7

3/4” NPT 3/4” 18,5 30 15 35 36 33 25 814.420.1 15,7

1” NPT 1” 23,8 34 15 45 46 42 10 814.426.1 31,8

1.1/4” NPT 1.1/4” 31,8 39 16 54 54 51 5 814.435.1 54,2

1.1/2” NPT 1.1/2” 36,8 45 18 63 59 60 5 814.440.1 78,5

2” NPT 2” 47,8 53 20 77 71 74 4 814.450.1 132,0

3/8” NPT 5/16” 4 - 8 60 15 26 24 17 25 814.709.1 7,8

3/8” NPT 3/8” 4 - 8 60 15 26 24 17 25 814.710.1 7,8

1/2” NPT 3/8” 6 - 10,2 57 13 26 24 22 25 814.712.1 11,7

1/2” NPT 1/2” 6 - 12 59 13 29 27 22 25 814.715.1 11,7

3/4” NPT 3/4” 13 - 18 68 13 35 33 30 25 814.721.1 19,6

- 1/4” 5,2 - - - - - 25 815.006.0 -

- 5/16” 8,3 - - - - - 25 815.010.0 -

- 3/8” 10,2 - - - - - 25 815.011.4 -

- 1/2” 13,9 - - - - - 25 815.016.4 -

- 3/4” 18,5 - - - - - 25 815.021.4 -

- 1” 23,8 - - - - - 5 815.029.4 -

- 1.1/4” 31,8 - - - - - 5 815.036.0 -

- 1.1/2” 36,8 - - - - - 5 815.042.0 -

- 2” 47,8 - - - - - 2 815.048.0 -

* Fittings for 5/16” conduit without UL/CSA approval.

NPT 45° fi tting, male, nickel plated brass. 

NPT 90° fi tting, male, nickel plated brass. 

Thread Sealtite Min. Internal 

Bore (mm)

Dimensions in mm Standard

Package
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Number

Weight

NPT Size (inch) A B C D E (Kg/100)

Thread Sealtite Min. Internal 
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NPT Size (inch) A B C D E (Kg/100)

NPT cable-hose fi tting, male, nickel plated brass.

Thread Sealtite Clamping

Range (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

NPT Size (inch) A B C E F (Kg/100)

* Fittings for 5/16” conduit without UL/CSA approval.

Grounding ferrule, nickel plated brass. 
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Size (inch) A B C D E (Kg/100)


