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M10 x 1,0 10 5,5 24 8 14 - - 10 260.110.0 1,3
M12 x 1,5 10 5,5 24 8 14 - - 10 260.111.0 1,4
M12 x 1,5 12 8,5 26 10 18 - - 10 260.112.0 1,8
M16 x 1,5 12 8,5 26 10 18 - - 10 260.115.0 2,0
M16 x 1,5 16 11,2 27 10 20 - - 10 260.116.0 2,3
M20 x 1,5 16 11,2 27 10 22 - - 10 260.117.0 2,6
M20 x 1,5 18 13,2 27 10 24 - - 10 260.118.0 2,7
M20 x 1,5 20 15,2 27 10 24 - - 10 260.120.0 3,0
M25 x 1,5 25 19,2 32 12 30 - - 5 260.125.0 5,4
M32 x 1,5 32 25,9 35 13 38 - - 5 260.132.0 8,1
M40 x 1,5 40 34,8 41 14 48 - - 2 260.140.0 15,0
M50 x 1,5 50 44,8 45 15 60 - - 2 260.150.0 22,4
M63 x 1,5 50 44,8 46 16 70 - - 2 260.160.0 28,6

M10 x 1,0 10 5,5 30 8 14 - 14 10 261.110.0 1,7
M12 x 1,5 10 5,5 30 8 14 - 14 10 261.111.0 1,9
M12 x 1,5 12 8,5 34 10 18 - 18 10 261.112.0 2,4
M16 x 1,5 12 8,5 34 10 18 - 18 10 261.115.0 3,1
M16 x 1,5 16 11,2 36 10 20 - 20 10 261.116.0 3,9
M20 x 1,5 16 11,2 36 10 20 - 22 10 261.117.0 4,2
M20 x 1,5 18 13,2 37 10 24 - 24 10 261.118.0 4,4
M20 x 1,5 20 15,2 37 10 24 - 24 10 261.120.0 4,9
M25 x 1,5 25 19,2 43 12 30 - 30 5 261.125.0 8,8
M32 x 1,5 32 25,9 47 13 38 - 38 5 261.132.0 13,3
M40 x 1,5 40 34,8 56 14 48 - 48 2 261.140.0 25,1
M50 x 1,5 50 44,8 60 15 60 - 60 2 261.150.0 36,7
M63 x 1,5 50 44,8 61 16 60 - 70 2 261.160.0 47,1
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ISO straight fi tting, fi xed, male, nickel plated brass

Material & Construction:
Construction: Nickel plated brass fi tting, consisting 
of 2 parts (body and cap).
Material: Body and cap are nickel plated brass.
Temperature: -55 °C till +260 ºC continuous.
Protection class: IP 54.
Colour: Metal coloured.

Anaconda IP 54 nickel plated brass fi ttings for 
Multitite type FCD/FCE
Anconda IP 54 nickel plated brass fi ttings are standard fi ttings 
which can be used with Anaconda Multitite type FCD and FCE. 
These 2-piece fi ttings are universal and offer excellent corrosion 
protection in combination with a good appearance.

2 PIECE FITTINGS FOR FCD/FCE, IP 54, NICKEL PLATED BRASS

Thread Multitite Min. Internal 
Bore (mm)

Dimensions in mm Standard
Package

Article
Number

Weight
ISO Size (DN) A B C D E (Kg/100)

ISO straight fi tting, swivel, male, nickel plated brass
Thread Multitite Min. Internal 

Bore (mm)
Dimensions in mm Standard

Package
Article

Number
Weight

ISO Size (DN) A B C D E (Kg/100)



 20182-08

M12 x 1,5 12 8,5 26 11 18 - - 10 260.312.0 1,9
M16 x 1,5 12 8,5 28 13 20 - - 10 260.315.0 2,1
M16 x 1,5 16 11,2 29 13 20 - - 10 260.316.0 2,4
M20 x 1,5 16 11,2 30 13 24 - - 10 260.317.0 3,0
M20 x 1,5 20 15,2 30 13 24 - - 10 260.320.0 3,2
M25 x 1,5 25 19,2 34 15 30 - - 5 260.325.0 5,9
M32 x 1,5 32 25,9 39 16 38 - - 5 260.332.0 8,5
M40 x 1,5 40 34,8 43 16 48 - - 2 260.340.0 16,6
M50 x 1,5 50 44,8 47 17 60 - - 2 260.350.0 24,5

Pg 7 10 5,5 30 8 14 - 14 10 261.207.0 1,8
Pg 9 12 8,5 34 10 18 - 18 10 261.209.0 3,0
Pg 11 16 11,2 36 10 20 - 20 10 261.211.0 4,0

Pg 13,5 18 13,2 37 10 24 - 24 10 261.213.0 4,6
Pg 16 20 15,2 37 10 24 - 24 10 261.216.0 5,2
Pg 21 25 19,2 43 12 30 - 30 5 261.221.0 9,2
Pg 29 32 25,9 47 13 38 - 40 5 261.229.0 14,6
Pg 36 40 34,8 56 14 48 - 50 2 261.236.0 27,3
Pg 48 50 44,8 61 16 60 - 65 2 261.248.0 43,8

Pg 7 10 5,5 24 8 14 - - 10 260.207.0 1,3
Pg 9 12 8,5 26 10 18 - - 10 260.209.0 1,9
Pg 11 16 11,2 27 10 20 - - 10 260.211.0 2,4

Pg 13,5 18 13,2 27 10 24 - - 10 260.213.0 3,0
Pg 16 20 15,2 27 10 24 - - 10 260.216.0 3,2
Pg 21 25 19,2 32 12 30 - - 5 260.221.0 5,5
Pg 29 32 25,9 35 13 40 - - 5 260.229.0 8,9
Pg 36 40 34,8 41 14 50 - - 2 260.236.0 19,0
Pg 48 50 44,8 45 16 65 - - 2 260.248.0 25,3

ISO straight fi tting, fi xed, female, nickel plated brass

Thread Multitite Min. Internal 
Bore (mm)

Dimensions in mm Standard
Package

Article
Number

Weight
ISO Size (DN) A B C D E (Kg/100)

Pg straight fi tting, swivel, male, nickel plated brass

Thread Multitite Min. Internal 
Bore (mm)

Dimensions in mm Standard
Package

Article
Number

Weight
Pg Size (DN) A B C D E (Kg/100)

Pg straight fi tting, fi xed, male, nickel plated brass
Thread Multitite Min. Internal 

Bore (mm)
Dimensions in mm Standard

Package
Article

Number
Weight

Pg Size (DN) A B C D E (Kg/100)

2 PIECE FITTINGS FOR FCD/FCE, IP 54, NICKEL PLATED BRASS
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- 10 5,5 16 - 14 - - 10 262.210.0 1,0
- 12 8,5 16 - 18 - - 10 262.212.0 1,4
- 16 11,2 17 - 20 - - 10 262.216.0 1,7
- 18 13,2 17 - 24 - - 10 262.218.0 2,1
- 20 15,2 17 - 24 - - 10 262.220.0 2,5
- 25 19,2 20 - 30 - - 5 262.225.0 4,0
- 32 25,9 22 - 38 - - 5 262.232.0 6,1
- 40 34,8 27 - 48 - - 2 262.240.0 11,6
- 50 44,8 30 - 60 - - 2 262.250.0 18,0

M16 x 1,5 M16 x 1,5 - 26 10 - 24 22 10 783.016.0 6,0
M20 x 1,5 M20 x 1,5 - 26 10 - 25 24 10 783.020.0 10,0
M25 x 1,5 M25 x 1,5 - 32 10 - 34 33 5 783.025.0 16,0
M32 x 1,5 M32 x 1,5 - 40 12 - 40 42 5 783.032.0 26,0

- 10 5,5 18 6 13 - - 10 264.110.0 0,4
- 12 8,5 18 6 17 - - 10 264.112.0 0,4
- 16 11,2 18 6 20 - - 10 264.116.0 0,8
- 18 12,6 19 6 22 - - 10 264.118.0 1,0
- 20 15,2 19 6 24 - - 10 264.120.0 1,2
- 25 19,2 21 7 30 - - 5 264.125.0 1,8
- 32 25,9 22 8 38 - - 5 264.132.0 2,9
- 40 34,8 24 8 49 - - 2 264.140.0 5,2
- 50 44,8 25 8 60 - - 2 264.150.0 7,6

An
ac

on
da

Mu
lti

fl e
x

Ge
ne

ra
l

In
de

x
An

ac
on

da
Mu

lti
tit

e

Box connector, fi xed, nickel plated brass
Thread Multitite Min. Internal 

Bore (mm)
Dimensions in mm Standard

Package
Article

Number
Weight

Size (DN) A B C D E (Kg/100)

90° elbow, ISO, inside / outside thread, nickel plated brass
Outside Inside Min. Internal 

Bore (mm)
Dimensions in mm Standard

Package
Article

Number
Weight

Thread Thread A B C D E (Kg/100)

End cap, nickel plated brass
Thread Multitite Min. Internal 

Bore (mm)
Dimensions in mm Standard

Package
Article

Number
Weight

Size (DN) A B C D E (Kg/100)

2 PIECE FITTINGS FOR FCD/FCE, IP 54, NICKEL PLATED BRASS


