
D242

l

b

s±0,1

H
13

ø1
8

17

e3e2e120

3x45°
m
in 30

2962.77.

保留更改的权利

导板 带有两个滑动表面, 带固态润滑剂的青铜,

材料:
带固态润滑剂的铜, 易维护

说明:
不提供螺栓。

订购编号 b s l e1 e2 e3 螺栓孔数量
2962.77.065.040.0150 65 40 150 110 - - 2
2962.77.065.040.0200 65 40 200 80 80 - 3
2962.77.065.040.0250 65 40 250 105 105 - 3
2962.77.065.040.0300 65 40 300 90 80 90 4
2962.77.065.040.0350 65 40 350 105 100 105 4
2962.77.065.065.0150 65 65 150 110 - - 2
2962.77.065.065.0200 65 65 200 80 80 - 3
2962.77.065.065.0250 65 65 250 105 105 - 3
2962.77.065.065.0300 65 65 300 90 80 90 4
2962.77.065.065.0350 65 65 350 105 100 105 4

2962.77. 导板 带有两个滑动表面, 带固态润滑剂的青铜,

https://www.de.shop.fibro.com/en/2962-77-
https://fibro.partcommunity.com/?info=fibro/normalien/d/d06/d06_04/2962-77.prj



