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保留更改的权利

滑板, 带固态润滑剂的青铜

材料:
带固态润滑剂的铜, 易维护

说明:
不提供螺栓。

固定件:
使用符合 DIN EN ISO 4762 标准的圆柱 头螺栓
或符合 DIN 7991/ISO 10642 标准的沉头 螺栓。

https://www.de.shop.fibro.com/en/2962-78-
https://fibro.partcommunity.com/?info=fibro/normalien/d/d06/d06_03/2962-78.prj
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订购编号 形状 b s a l1 e e1 e2 e3 螺栓孔数量 d d1 t
2962.78.030.12.0100 A 30 12 100 15 20 60 - - 2 15 9 9
2962.78.030.12.0160 B 30 12 160 15 20 60 - - 3 15 9 9
2962.78.030.12.0240 B 30 12 240 15 25 95 - - 3 15 9 9
2962.78.030.12.0250 B 30 12 250 15 20 105 - - 3 15 9 9
2962.78.030.12.0300 L 30 12 300 15 25 85 - 80 4 15 9 9
2962.78.030.12.0350 L 30 12 350 15 25 100 - 100 4 15 9 9
2962.78.030.12.0400 L 30 12 400 15 25 115 - 120 4 15 9 9
2962.78.030.12.0450 M 30 12 450 15 25 100 - 100 5 15 9 9
2962.78.030.12.0500 M 30 12 500 15 25 110 - 115 5 15 9 9
2962.78.040.08.0100 F 40 8 100 20 20 60 - - 2 - 9 5
2962.78.040.08.0160 G 40 8 160 20 20 60 - - 3 - 9 5
2962.78.040.08.0250 G 40 8 250 20 20 105 - - 3 - 9 5
2962.78.040.12.0100 A 40 12 100 20 20 60 - - 2 15 9 9
2962.78.040.12.0160 B 40 12 160 20 20 60 - - 3 15 9 9
2962.78.040.12.0250 B 40 12 250 20 20 105 - - 3 15 9 9
2962.78.040.16.0100 A 40 16 100 20 20 60 - - 2 18 11 11
2962.78.040.16.0160 B 40 16 160 20 20 60 - - 3 18 11 11
2962.78.040.16.0250 B 40 16 250 20 20 105 - - 3 18 11 11
2962.78.050.20.0100 A 50 20 100 15 20 60 20 - 2 20 13.5 13
2962.78.050.20.0160 B 50 20 160 15 20 60 10 - 3 20 13.5 13
2962.78.050.20.0240 A 50 20 240 25 50 140 - - 2 20 13.5 13
2962.78.050.20.0240.1 K 50 20 240 25 50 140 - - 2 20 13.5 13
2962.78.050.20.0250 B 50 20 250 15 20 105 10 - 3 20 13.5 13
2962.78.050.20.0300 B 50 20 300 25 50 100 - - 3 20 13.5 13
2962.78.050.20.0300.1 J 50 20 300 25 50 100 - - 3 20 13.5 13
2962.78.050.20.0350 B 50 20 350 25 50 125 - - 3 20 13.5 13
2962.78.050.20.0350.1 J 50 20 350 25 50 125 - - 3 20 13.5 13
2962.78.050.20.0400.1 J 50 20 400 25 50 150 - - 3 20 13.5 13
2962.78.050.20.0450.1 I 50 20 450 25 50 115 - 120 4 20 13.5 13
2962.78.050.20.0500.1 I 50 20 500 25 50 135 - 130 4 20 13.5 13
2962.78.060.16.0100 A 60 16 100 15 20 60 30 - 2 18 11 11
2962.78.060.16.0160 B 60 16 160 15 20 60 15 - 3 18 11 11
2962.78.060.16.0250 B 60 16 250 15 20 105 15 - 3 18 11 11
2962.78.080.12.0100 A 80 12 100 20 20 60 40 - 2 15 9 9
2962.78.080.12.0160 C 80 12 160 20 20 120 40 - 4 15 9 9
2962.78.080.12.0250 D 80 12 250 20 20 105 20 - 5 15 9 9
2962.78.080.20.0100 A 80 20 100 20 20 60 40 - 2 20 13.5 13
2962.78.080.20.0160 C 80 20 160 20 20 120 40 - 4 20 13.5 13
2962.78.080.20.0250 D 80 20 250 20 20 105 20 - 5 20 13.5 13
2962.78.080.20.0300 B 80 20 300 40 50 100 - - 3 20 13.5 13
2962.78.080.20.0300.1 J 80 20 300 40 50 100 - - 3 20 13.5 13
2962.78.080.20.0350 B 80 20 350 40 50 125 - - 3 20 13.5 13
2962.78.080.20.0350.1 J 80 20 350 40 50 125 - - 3 20 13.5 13
2962.78.080.20.0400 B 80 20 400 40 50 150 - - 3 20 13.5 13
2962.78.080.20.0400.1 J 80 20 400 40 50 150 - - 3 20 13.5 13
2962.78.080.20.0450 L 80 20 450 40 50 115 - 120 4 20 13.5 13
2962.78.080.20.0450.1 I 80 20 450 40 50 115 - 120 4 20 13.5 13
2962.78.080.20.0500 L 80 20 500 40 50 135 - 130 4 20 13.5 13
2962.78.080.20.0500.1 I 80 20 500 40 50 135 - 130 4 20 13.5 13
2962.78.100.16.0100 A 100 16 100 20 20 60 60 - 2 18 11 11
2962.78.100.16.0160 C 100 16 160 20 20 120 60 - 4 18 11 11
2962.78.100.16.0250 E 100 16 250 20 20 105 60 - 6 18 11 11
2962.78.125.20.0100 C 125 20 100 20 20 60 85 - 4 20 13.5 13
2962.78.125.20.0160 C 125 20 160 20 20 120 85 - 4 20 13.5 13
2962.78.125.20.0250 E 125 20 250 20 20 105 85 - 6 20 13.5 13
2962.78.125.20.0400 D 125 20 400 25 50 150 37.5 - 5 20 13.5 13
2962.78.125.20.0450 H 125 20 450 25 50 115 37.5 120 6 20 13.5 13
2962.78.125.20.0500 H 125 20 500 25 50 135 37.5 130 6 20 13.5 13
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